Standard Dimension Adaptors and Bushings

@
o =1
= | » Rugged Design
2 v Available in
Stainless Steel,
Brass, or
Carbon Steel
1 Reduce Down
to % NPT
v Adapt Up to 1 NPT
Adaptors and Bushings MODELS HIGHLIGHTED!
To Order (Specify Model Number)
NPT Thread Across Hex Length Brass Stainless Steel
Male | Female Flats Inches Inches Model No. | Price Model No. | Price
Reducing Adaptors
% Y 1% 1.50 RA-18-14-BR $11 RA-18-14-SS $20
% % 1% 1.50 RA-18-12-BR 18 RA-18-12-SS 40
Y % 1% 1.69 RA-14-12-BR 16 RA-14-12-SS 35
76-20 A 1% 1.94 — N/A — N/A
% % 1% 1.94 RA-12-34-BR 22 RA-12-34-SS 50
% 1 1% 2.16 — N/A RA-12-1-SS 80
Reducing Bushings
Y % % 1.09 RB-14-18-BR $8 RB-14-18-SS $12
% % % 1.09 RB-12-18-BR 12 RB-12-18-SS 22
% Y % 1.09 RB-12-14-BR 10 RB-12-14-SS 22
% % 1% 1.17 RB-34-12-BR 14 RB-34-12-SS 30
1 % 1% 1.36 RB-1-12-BR 20 RB-1-12-SS 45
1 % 1% 1.36 RB-1-34-BR 20 RB-1-34-SS 50
1% % 1% 1.48 — N/A RB-114-34-CS* 25
1% 1 1% 1.48 — N/A RB-114-1-CS* 25
1% 1 2 1.56 — N/A RB-112-1-CS* 45

* Fittings are available only in carbon steel.

Compression Fittings OMEGALOK® griens Smeie 7oz 155, nargse e

1| MOST POPULAR
v Ferrule Design for Compression Fittings MODELS HIGHLIGHTED!
Positive Pressure Seal | Tg Order (Specify Model Number)
v Heavy Duty Protection| Male | Length
COl'_lStl'UCtlon in TubeO.D.| Th's | mm |Brass 316 Stainless Steel
Stainless Steel or Brass in. NPT | (inches) | Model No. |Pr.Ea.| Model No. |Pr. Ea.
1 For Protection Tube Yie Yhe | 24.6(0.97) | N/A — | SSLK-116-116| $24
Diameters %:" up to %" Ve %4 | 26.2(1.03) | BRLK-116-18 | $12 |SSLK-116-18 | 22
For metric compression Y% %% | 30.0(1.18) | BRLK-18-18 6 |SSLK-18-18 16
® fittings see page A-132. A 1, | 44.2(1.74) | BRLK-18-14 6 |SSLK-18-14 | 18
3 4 | 31.0(1.22) |BRLK-316-18 | 6 |SSLK-316-18 | 16
Replacement Ferrules - (pkg of 10) S
: Ve 1, | 46.0(1.81) |BRLK-316-14 | 6 |SSLK-316-14 | 18
Protection ] ”
Tube OD Brass Stainless Steel | PTFE /a /6 | 828(129) |BRLK-14-18 | 6 |SSLK-1418 | 15
e B-FER-1/16 SS-FER-1/16 | T-FER-1/16 Ya Y, | 37.6(1.48) | BRLK-14-14 6 |SSLK-14-14 15
1 ($30) (§75) e 6 | Y |391(154) |NA — |ssiks1614 | 20
3@ B-FER-1/8 (18) | SS-FER-1/8 (45) |T-FER-1/8 (75) 5 14 | 404 (1.59) | BRLK-38-14 7 |ssLkas1a | 22
n B-FER-3/16 (18) | SS-FER-3/16 (45) | T-FER-3/16 (75) 3 34 | 40.4 (1.59) | BRLK-38-38 8 |SSLK-38-38 | 24
v B-FER-1/4 (18) | SS-FER-1/4 (45) |T-FER-1/4 (75) 3 1, | 46.0(181) | BRLK-38-12 | 12 |SSLK-3812 | 28
546 B-FER-5/16 (20) | SS-FER-5/16 (50) [T-FER-5/16 (80) m 1, | 49.3(194) | BRLK12-12 | 12 | SSLK-1212 | 34
3% B-FER-3/8 (20) | SS-FER-3/8 (50) (T-FER-3/8 (80) gOdTE: PT’I:_-'E canlonlé/ gf ’gsed witf;) stainleﬁPsT{eel compressi?n ﬁtti?gs.
1 FER. FER.  FER- rdering Example: -18-18, brass % compression fitting for
A B-FER-1/2 (30) | SS-FER-1/2 (75) [T-FER-122(115)| .o 2 e 56,

A-131
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To Order (Specify Model Number) 2
Female Male Flats Length Brass Stainless Steel

NPT BSPT* mm mm Model No. Price Model No. Price
% %-28 14 27.7 MTA1-1/8-1/8-BR $9 MTA1-1/8-1/8-SS $21
Ya %-19 19 36.1 MTA1-1/4-1/4-BR 13 MTA1-1/4-1/4-SS 32
% % -19 22 38.1 MTA1-3/8-3/8-BR 20 MTA1-3/8-3/8-SS 53
% %-14 27 49.3 MTA1-1/2-1/2-BR 30 MTA1-1/2-1/2-SS 78
% %-14 34 51.3 MTA1-3/4-3/4-BR 65 MTA1-3/4-3/4-SS 120
1 1-11 41 58.4 MTA1-1-1-BR 90 MTA1-1-1-SS 180

BSPT* NPT

%-19 Y 19 36.3 MTA2-1/4-1/4-BR $15 MTA2-1/4-1/4-SS $37

% -19 % 22 38.4 MTAZ2-3/8-3/8-BR 20 MTA2-3/8-3/8-SS 45

%-14 % 27 49.8 MTA2-1/2-1/2-BR 30 MTA2-1/2-1/2-SS 57

NPT BSPP
% %-28 14 25.1 MTAS3-1/8-1/8-BR $15 MTA3-1/8-1/8-SS $30
Y %-19 19 33.5 MTAS3-1/4-1/4-BR 18 MTA3-1/4-1/4-SS 60
% % -19 22 35.8 MTAS3-3/8-3/8-BR 22 MTA3-3/8-3/8-SS 65
% %-14 27 44 .2 MTA3-1/2-1/2-BR 30 MTA3-1/2-1/2-SS 76
% %-14 34 48.0 MTAS3-3/4-3/4-BR 65 MTA3-3/4-3/4-SS 108
1 1-11 41 53.3 MTA3-1-1-BR 90 MTA3-1-1-SS 148

BSPP NPT

¥%-19 A 19 27.4 MTA4-1/4-1/4-BR $12 MTA4-1/4-1/4-SS $50

% -19 % 22 32.3 MTAA4-3/8-3/8-BR 20 MTA4-3/8-3/8-SS 55

%-14 % 27 41.9 MTA4-1/2-1/2-BR 30 MTA4-1/2-1/2-SS 80

*ISO 228/1, BS 2779.

Ordering Examples: MTA1-1/8-1/8-BR, brass 8 NPT female and /5-28 BSPT male, $9.
MTA-1-1/8-1/8-SS, stainless steel thread adaptor, $21.

Metric OMEGALOK®
Compression Fittings

For Metric Probes and Protection Tubes
To Order Metric Compression Fittings

(Specify Model Number) J
Protection| Male Metric Protection Tube/ NPT Thread Metric Protection Tube/ BSP Taper Thread Metric Protection Tube/ BSP Parallel Thread
Tube ([Th's Brass 316 Stainless Steel Brass 316 Stainless Steel Brass 316 Stainless Steel
oD Model No. | Pr.Ea.| Model No. | Pr.Ea. ModelNo.  |Pr.Ea] ModelNo. |Pr.Ea. Model No. |Pr.Ea. | Model No. Pr. Ea.

1.5mm Vs | NPT BRLK-M15—18| $9 |SSLK-M15-18| $17 | BSPT| BRLK-M15-18T| $9 |SSLK-M15-18T | $17 |BSPP|BRLK-M15-18P| $9 | SSLK-M15-18P| $17
3.0mm Vs | NPT BRLK—M30-18| 9 |SSLK-M30-18| 17 |BSPT|BRLK-M30-18T| 9 |SSLK-M30-18T | 17 |BSPP|BRLK-M30-18P| 9 | SSLK-M30-18P| 17

45mm| Ve | NPT |BRLK-M45-18] 9 [SSLK-M45-18| 17 [BSPT| BRLK-M45-18T| 9 |SSLK-M4s-18T [ 17 [ — |NA — e —
6omm| V6| NPT |BRLK-M60-18] 9 [sSLk-Meo-18| 17 |BSPT|BRLK-M60-18T| 9 |SSLK-Me0-18T | 17 | — [N/A — e —
s0mm| V6| NPT |BRLK-M30-14] 10 |SSLk-M30-14| 23 |BSPT|BRLK-M30-14T| 10 |SSLK-M30-14T | 23 |BSPP|BRLK-M30-14P| 10 | SSLK-M30-14P| 23
45mm| Vs | NPT |BRLK-M45-14] 12 [SSLk-M45-14| 23 |BSPT| BRLK-M45-14T| 12 |SSLK-M45-14T | 23 | — [NA — e —
60mm| V4| NPT |BRLK-M60-14] 12 |SSLk-Me0-14| 23 |BSPT|BRLK-M60-14T| 12 |SSLK-M60-14T | 23 |BSPP|BRLK-M60-14P| 12 | SSLK-M60-14P| 23
somm| Va| NPT |BRLK-M80-14| 12 |SSLk-M80-14| 23 |BSPT|BRLK-M80-14T| 12 |SSLK-M80-14T | 23 | — [N/A — e -

s0mm| % | NPT |BRLK-M30-38] 13 |SSLk-M30-38| 20 |[BSPT|BRLK-M30-38T| 13 |SSLK-M30-38T | 29 |BSPP|BRLK-M30-38P| 13 | SSLK-M30-38P| 29
60mm| % | NPT |BRLK-M60-38] 13 |SSLk-M60-38| 20 |[BSPT|BRLK-M60-38T| 13 |SSLK-M60-38T | 29 |BSPP|BRLK-M60-38P| 13 | SSLK-M60-38P| 29
s0mm| Vo | NPT|BRLK-M30-12] 15 |SSLk-M30-12| 20 |[BSPT|BRLK-M30-12T| 15 |SSLK-M30-12T | 29 |BSPP|BRLK-M30-12P| 15 | SSLK-M30-12P| 29
45mm| V5 | NPT |BRLK-M45-12] 15 [SSLk-M45-12| 29 |BSPT|BRLK-M45-12T| 15 |SSLK-M45-12T | 29 |BSPP|BRLK-M45-12P| 15 | SSLK-M45-12P| 29
60mm| V5| NPT|BRLK-M60-12] 15 |SSLk-Me0-12| 20 |BSPT|BRLK-M60-12T| 15 |SSLK-M60-12T | 29 |BSPP|BRLK-M60-12P| 15 | SSLK-M60-12P| 29
somm| V5| NPT|BRLK-M80-12] 15 |SSLk-M80-12| 29 |BSPT|BRLK-M80-12T| 15 |SSLK-M8o-12T | 29 | — [N/A — |na —

Note: PFA can only be used with stainless steel compression fittings.

Ordering Examples: BRLK-M30-18, brass 6 NPT thread compression fitting for 3.0 mm protection tube OD, $9.
BRLK-M60-18, compression fitting, $9. A-132
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More than 100,000 Products Available!

o Temperature

Calibrators, Connectors, General Test and Measurement
Instruments, Handheld Instruments for Temperature
Measurement, Ice Point References, Indicating Labels,
Crayons, Cements and Lacquers, Infrared Temperature
Measurement Instruments, Recorders, Relative Humidity
Measurement Instruments, PT100 Probes, PT100 Elements,
Temperature & Process Meters, Timers and Counters,
Temperature and Process Controllers and Power Switching
Devices, Thermistor Elements, Probes and Assemblies,
Thermocouples, Thermowells and Head and Well
Assemblies, Transmitters, Thermocouple Wire, RTD Probes

« Flow and Level

Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters, Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

« pH and Conductivity

Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

- Data Acquisition

Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB,RS232,R5485,
Ehernet and Parallel Port Data Acquisition Systems,
Wireless Transmitters and Receivers

e Pressure, Strain and Force

Displacement Transducers, Dynamic Measurement Force
Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators, Pressure Transmitters,
Strain Gauges, Torque Transducers, Valves

o Heaters

Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters
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