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To Order (Specify Model Number)
MODEL NO. PRICE FUNCTION MATERIAL Ω/FT TEMP COEFF. SPOOL LENGTH

SGB-36 $70 Zero and span temp comp. Balco 19.7 0.45%/°C 500'
SGC-36 20 Zero and span temp comp. Copper 0.415 0.39%/°C 500'
SGM-36 26 Zero balance Manganin 15.2 0.002%/°C 200'

RESISTANCE WIRE FOR TEMPERATURE COMPENSATION AND ZERO BALANCE

Ribbon Leads from Strain Gage
or User Supplied Fine Gage Wire (30 AWG)
See page 73

Instrumention Wire
20 to 28 AWG 
See page 73

Adhesive,
See page 71

Terminal Pads for Stress Relief and Junction
for Different-Gage Wires, See page 66

BRIDGE COMPLETION RESISTORS
Accuracy: 0.1%
Temperature Compensation: 5 ppm; -20 to 80°C (-4 to 176°F)
Power: 1⁄4 W

To Order (Specify Model Number)
STRIPS

MODEL PER DIMENSIONS mm (in)
NO. PRICE PACK A B C D E
BTP-1 $18.50 70 1.8 2.6 0.7 9.9 0.6

(0.07) (0.1) (0.03) (0.39) (0.02)
BTP-2 20.50 60 2.4 3.4 0.9 13.2 0.8

(0.09) (0.13) (0.04) (0.52) (0.03)
BTP-3 29.00 50 3.2 4.5 1.2 17.6 1

(0.13) (0.18) (0.05) (0.69) (0.04)
BTP-4 32.00 30 4.8 6.5 1.8 24 1.2

(0.19) (0.26) (0.07) (0.94) (0.05)
BTP-5 40.00 20 6 8.5 2.3 32.4 1.8

(0.24) (0.33) (0.09) (1.28) (0.07)
BTP-6 40.00 10 9 11.8 3.4 41.4 1.8

(0.35) (0.46) (0.13) (1.63) (0.07)
BTPB-1 18.50 70 1.8 2.6 0.7 9.9 0.6

(0.07) (0.1) (0.03) (0.39) (0.02)
BTPB-2 20.50 60 2.4 3.4 0.9 13.2 0.8

(0.09) (0.13) (0.04) (0.52) (0.03)
BTPB-3 29.00 50 3.2 4.5 1.2 17.6 1

(0.13) (0.18) (0.05) (0.69) (0.04)
BTPB-4 32.00 30 4.8 6.5 1.8 24 1.2

(0.19) (0.26) (0.07) (0.94) (0.05)
BTPB-5 40.00 20 6 8.5 2.3 32.4 1.8

(0.24) (0.33) (0.09) (1.28) (0.07)
BTPB-6 40.00 10 9 11.8 3.4 41.4 1.8

(0.35) (0.46) (0.13) (1.63) (0.07)
BTPC-1 36.00 30 3.2 4.5 1.2 28.6 1

(0.13) (0.18) (0.05) (1.13) (0.04)
BTPC-2 36.00 25 3.8 5.4 1.4 34.3 1.2

(0.15) (0.21) (0.06) (1.35) (0.05)
BTPC-3 36.00 20 4.8 6.5 1.8 39 1.2

(0.19) (0.26) (0.07) (1.54) (0.05)
BTPC-4 42.00 15 6 8.5 2.3 52.7 1.8

(0.24) (0.33) (0.09) (2.07) (0.07)
BTPD-1 18.50 25 2.4 3.4 0.9 13.2 0.8

(0.09) (0.13) (0.04) (0.52) (0.03)
BTPD-2 23.50 25 3.2 4.5 1.2 17.6 1

(0.13) (0.18) (0.05) (0.69) (0.04)
BTPD-3 26.00 20 4.8 6.5 1.8 24 1.2

(0.19) (0.26) (0.07) (0.94) (0.05)
BTPE-1 28.50 25 2.4 3.4 0.9 16.5 0.8

(0.09) (0.13) (0.04) (0.65) (0.03)
BTPE-2 34.00 25 3.2 4.5 1.2 22 1

(0.13) (0.18) (0.05) (0.87) (0.04)
BTPE-3 35.50 20 4.8 6.5 1.8 30 1.2

(0.19) (0.26) (0.07) (1.18) (0.05)

BONDABLE TERMINAL PADS
Terminal pads serve 2 main purposes. First, they act 
as intermediate points for attaching ribbon leads of 
thin-gage wire to heavier instrumentation wires. Second,
they give stress relief to strain gage systems. When the 
heavy instrumentation wire moves, the terminal pad protects
the strain gage. Carrier is polyimide with a thickness of 
0.075 mm (0.003"). Minimum bending radius is 2 mm (0.079").
Maximum temperature is 220ºC (428ºF).

BONDABLE TERMINAL PADS

TYPICAL STRAIN GAGE INSTALLATION

Note: For strain gage accessories see pages 59 to 61.
Ordering Example: RES-350, 350 Ω bridge completion resistor, $7.50.

BTP-5, $40, 
shown actual size.

MOST POPULAR MODEL HIGHLIGHTED!

MOST POPULAR MODELS HIGHLIGHTED!
To Order (Specify Model Number)
MODEL NO. PRICE Ω MAX BRIDGE EXC.
RES-120 $7.50 120 10 Vdc
RES-250 7.50 250 15 Vdc
RES-350 7.50 350 18 Vdc

BTP

BTPB BTPC

BTPD BTPE

Terminal pad patterns,
shown larger than actual size.

AB

C

D

E

® 11-800-872-3963-800-872-3963®

 1-800-1-800-USA-DYNEUSA-DYNE

1-800-82-66342
1-800-TC-OMEGA

1-800-872-9436
1-800-USA-WHEN

omega.comomega.com®



More than 100,000 Products Available!

Calibrators, Connectors, General Test and Measurement
Instruments, Handheld Instruments for Temperature
Measurement, Ice Point References, Indicating Labels,
Crayons, Cements and Lacquers, Infrared Temperature
Measurement Instruments, Recorders, Relative Humidity
Measurement Instruments, PT100 Probes, PT100 Elements,
Temperature & Process Meters, Timers and Counters,
Temperature and Process Controllers and Power Switching
Devices, Thermistor Elements, Probes and Assemblies,
Thermocouples, Thermowells and Head and Well
Assemblies, Transmitters, Thermocouple Wire, RTD Probes

Displacement Transducers, Dynamic Measurement Force
Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators, Pressure Transmitters,
Strain Gauges, Torque Transducers, Valves

Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters

Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters,Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB, RS232, RS485,

and Parallel Port Data Acquisition Systems,
Transmitters and Receivers

Ehernet
Wireless

http://www.omega.com
http://www.omega.com
http://www.omega.ca
http://www.omega.de
http://www.omega.co.uk
http://www.omega.fr
http://www.omegaeng.cz
http://www.omega.nl
http://www.omega.com/temperature/tsc.html
http://www.omega.com/das/dsc.html
http://www.omega.com/pressure/psc.html
http://www.omega.com/green/gsc.html
http://www.omega.com/green/gsc.html
http://www.omega.com/heaters/hsc.html
http://www.omega.com/
http://www.omega.com/
WebMaster
Text Box
EPG05
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