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Pt100 RTD Probes & 
Thermocouples
for Industrial Applications

AVAILABLE VERSIONS:

Pt100 in class A, 1/3 DIN and
1/10 DIN available
Thermocouples J, K,T, E & L
with accuracy to IEC class 1
Temperature range -100°C to
+400°C
Standard closed end sensors
or airstream models available
Standard lengths up to
200mm, optional lengths 0f
201-500mm
Diameter 2mm, 3mm or 6mm
A range of mounting threads
All Pt100 sensors have a 
4-wire connection
A broad range of lead wire
materials available

Probe Type Style Accuracy Diameter
Probe Mounting Lead Wire Lead Wire
Length Bush Insulation Length

P-Pt100
       3-3mm 200-500mm M6-M6x1 pitch
          A-Class A 2-2mm M8-M8x1 pitch

erbiF ssalG-G
hctip 1x01M-01MB NID 3/1-3/1

eborPT elpuocomrehT-T
dedleihS CVP-SP

.IPPSB "8/1-8/1GB NID 01/1-01/1
 dleh-dnaH-HEL elpuocomrehT-L

dedleihS nolfeT-ST
.IPPSB "4/1-4/1G

 htiw eborpE elpuocomrehT-E
dedleihS ssalG-SG

.IPPSB "2/1-2/1G:selpuocomrehT
pit noitartenepN elpuocomrehT-N

1-Class 1
(standard)

Omega temperature probes for
industrial applications are produced
with a wide variety of mechanical
attachment systems suitable for a
range of process conditions.

They may be specified to your precise
requirements by the sensor type in
either a closed-end or airstream
version, accuracy, probe length,
different threads, wire material in
shielded and unshielded versions.

L-Airstream ProbeJ-Thermocouple J
H-Hand HeldK-Thermocouple K

NP-Penetration tip
M-Closed end P-Pt100(4-wire): 6-6mm 5-200mm O-Plain stem

T-Teflon (FEP)
metresS-Silicone Rubber
length inP-PVC
XM-CableM12-M12 Connector

P10-Pt1000



Ordering Guide
Model No Description Ordering Code Price £

Probe Type 00.23P157 CEI ot 001tP

00.42J485 CEI ot natnatsnoC/norI ,J epyt elpuocomrehT
00.42K485 CEI ot IAIN/rCiN ,K epyt elpuocomrehT
00.42T485 CEI ot natnatsnoC/reppoC ,T epyt elpuocomrehT
00.42L01734 NID ot natnatsnoC/norI ,L epyt elpuocomrehT

Style Closed end M --.--

--.--Leborp maertsriA
05.41Heborp dleh-dnaH
05.61HEpit noitartenep htiw eborp dleh-dnaH

Sensor Accuracy* --.--A)dradnatS – B ssalC NID 2/1(A ssalC
05.53/1B ssalC NID 3/1001tP
00.2201/1B ssalC NID 01/1

--.--1)dradnatS( 1 ssalCselpuocomrehT

Stem Diameter 6mm 6 --.--
3mm 3 9.50
2mm 2 14.50

Stem Length 5-200mm 5-200 --.--
201-500mm 201-500 5.50

Process Connection** --.--0)dradnatS( mets nialP
05.96M)seborp mm3Ø( daerht hctip mm1 x 6M
05.98M)seborp mm6Ø-mm3Ø( daerht hctip mm1 x 8M
05.901M)seborp mm6Ø-mm3Ø( daerht hctkip mm1 x 01M
00.31"8/1G)seborp mm6Ø-mm3Ø – "8/1G( lellaraPPSB "8/1
00.31"4/1G)seborp mm6Ø-mm3Ø – "4/1G( lellaraPPSB "4/1
00.31"2/1G)seborp mm6Ø – "2/1G( lellaraPPSB "2/1

Lead wire insulation
PVC 100°

57.0Pmumixam C
Silicone Rubber 200 05.1Smumixam C°

58.1Tmumixam C°052 nolfeT
Fibreglass 400 59.2Gmumixam C°
PVC with internal tinned copper braid 100°

01.1SPmumixam C
52.2STmumixam C°002 diarb reppoc dennit lanretni htiw nolfeT

GS 3.30

Lead Wire Length*** xm X

Specifications
Temperature range:
-100°C to +400°C

Lead wire temperature range:
PVC 100°C (max), Silicone rubber
200°C (max), Teflon 250°C (max),
Fibreglass 400°C (max)

Sheath material:
Stainless steel grade 316

Maximum pressure (Closed End):
Ø6mm - 40bar, Ø3mm - 20bar

Response time T66 in liquid:
Pt100 closed end probe: 3 seconds
Thermocouple: 4 seconds

Response time T66 in air:
Pt100 closed end probe 15 seconds
Thermocouples: 5 seconds

Sensor Configuration:
Pt100: 4-wire system
Thermocouples: Ungrounded

The standard temperature range
is -100°C to +400°C. Selection of
the wire insulation, i.e. PVC,
Silicone, Teflon or Glass will effect
the maximum probe temperature.
Do not exceed the maximum
temperature of the insulation at
the transition between the probe
and wire.

* Thermocouples are supplied with Class 1 accuracy as standard. ** The probe diameters shown above are available with the thread sizes
indicated. *** The lead wire is supplied in multiples of one metre.

Ordering example 1: K-L-1-3-50-PS-1
Thermocouple type K airstream probe with Class 1 accuracy and
diameter of 3mm. The probe length is 50mm with 1 metre of PVC
shielded lead wire.

00.42£K - ecirp esaB
05.9£retemaid mm3 rof ecirp lanoitiddA

Additional price for PVC shielded lead wire @ £1.10/metre £1.10
06.43£ecirP latoT

Ordering example 2: P-M-1/3-6-100-M10-S-8
Pt100 closed end probe with 1/3 DIN accuracy and diameter of 6mm.
The probe length is 100mm with an M10 x 1 mounting bush and 8
metres of silicone lead wire.

00.23£P - ecirp esaB
05.5£ycarucca NID 3/1 rof ecirp lanoitiddA

Additional price for M10 process connection £9.50
Additional price for silicone lead wire @ £1.50/metre £12.00

00.95£ecirP latoT

00.23P10   Pt1000

(Price per metre)
M12 Plug Instead of Cable M12 10.00



More than 100,000 Products Available!

Calibrators, Connectors, General Test and Measurement
Instruments, Handheld Instruments for Temperature
Measurement, Ice Point References, Indicating Labels,
Crayons, Cements and Lacquers, Infrared Temperature
Measurement Instruments, Recorders, Relative Humidity
Measurement Instruments, PT100 Probes, PT100 Elements,
Temperature & Process Meters, Timers and Counters,
Temperature and Process Controllers and Power Switching
Devices, Thermistor Elements, Probes and Assemblies,
Thermocouples, Thermowells and Head and Well
Assemblies, Transmitters, Thermocouple Wire, RTD Probes

Displacement Transducers, Dynamic Measurement Force
Sensors, Instrumentation for Pressure and Strain
Measurements, Load Cells, Pressure Gauges, Pressure
Reference Section, Pressure Switches, Pressure Transducers,
Proximity Transducers, Regulators, Pressure Transmitters,
Strain Gauges, Torque Transducers, Valves

Conductivity Instrumentation, Dissolved Oxygen
Instrumentation, Environmental Instrumentation, pH
Electrodes and Instruments, Water and Soil Analysis
Instrumentation

Band Heaters, Cartridge Heaters, Circulation Heaters,
Comfort Heaters, Controllers, Meters and Switching
Devices, Flexible Heaters, General Test and Measurement
Instruments, Heater Hook-up Wire, Heating Cable
Systems, Immersion Heaters, Process Air and Duct,
Heaters, Radiant Heaters, Strip Heaters, Tubular Heaters

Air Velocity Indicators, Doppler Flowmeters, Level
Measurement, Magnetic Flowmeters, Mass Flowmeters,
Pitot Tubes, Pumps, Rotameters,Turbine and Paddle Wheel
Flowmeters, Ultrasonic Flowmeters, Valves,Variable Area
Flowmeters, Vortex Shedding Flowmeters

Communication Products and Converters, Data
Acquisition and Analysis Software, Data Loggers
Plug-in Cards, Signal Conditioners, USB, RS232, RS485,

and Parallel Port Data Acquisition Systems,
Transmitters and Receivers

Ehernet
Wireless

http://www.omega.co.uk



